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OPTIONAL MOUNTING HOLES & GUIDE PIN

DIMENSIONS
To determine connector length (Dim "A"):
Multiply the number of cavities in one row by .050" —_—
Add fixed end lengths (constant, .010"x2) .................... —0.02"
Add .150" for each mounting hole ........................h ———
Total Length: ... —

Notes:
Length over 2" may require support to insure alignment.
When using one lockscrew, use centermost available hole.
* = Maximum length is 3.020". Maximum number of contacts
must be reduced to accommodate hardware and mounting holes.
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