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PART NUMBER | DIM 'A'| DIM 'B'| CKT SIZE| PLATING |LUBE PART NUMBER | DIM 'A'| DIM 'B'| CKT SIZE| PLATING |LUBE
105310-1104 | 5.94 | 2.50 4 105310-2104 | 5.94 | 2.50 4
105310-1106 | 8.44 | 5.00 6 o 105310-2106 | 8.44 | 5.00 6
105310-1108 | 10.94 | 7.50 8 | ‘ | ‘ 105310-2108 | 10.94 | 7.50 8
105310-1110 | 13.44 | 10.00 10 TIN | 105310-2110 | 13.44 | 10.00 10 TIN
105310-1112 | 15.94 | 12.50 12 R — i 105310-2112 | 15.94 | 12.50 12
105310-1114 | 18.44 | 15.00 14 < _ 105310-2114 | 18.44 | 15.00 14
105310-1116 | 20.94 | 17.50 16 ; |E_‘ ] 105310-2116 | 20.94 | 17.50 16
105310-1204 | 5.94 | 2.50 4 El o 105310-2204 | 5.94 | 2.50 4
105310-1206 | 8.44 | 5.00 6 u?_, g I 105310-2206 | 8.44 | 5.00 6
105310-1208 | 10.94 | 7.50 8 W b y o 105310-2208 | 10.94 | 7.50 8
105310-1210 | 13.44 | 10.00 10 GOLD 0.38| NO = Dof 8 % 105310-2210 | 13.44 | 10.00 10 GOLD 0.38| NO
105310-1212 | 15.94 | 12.50 12 < 2 "“ § 105310-2212 | 15.94 | 12.50 12
105310-1214 | 18.44 | 15.00 14 - s 105310-2214 | 18.44 | 15.00 14
105310-1216 | 20.94 | 17.50 16 — | ! i 105310-2216 | 20.94 | 17.50 16
105310-1304 | 594 | 2.50 4 0y ' 105310-2304 | 5.94 | 2.50 4
105310-1306 | 8.44 | 5.00 6 105310-2306 | 8.44 | 5.00 6
105310-1308 | 10.94 | 7.50 8 105310-2308 | 10.94 | 7.50 8
105310-1310 | 13.44 | 10.00 10 GOLD 0.76 105310-2310 | 13.44 | 10.00 10 GOLD 0.76
105310-1312 | 15.94 | 12.50 12 105310-2312 | 15.94 | 12.50 12
105310-1314 | 18.44 | 1500 | 14 105310- = & == 105310-2314 | 18.44 | 1500 | 14
CIRCUIT SIZE
105310-1316 | 20.94 | 17.50 16 LPLATING OPTION 105310-2316 | 20.94 | 17.50 16
105310-1404 | 5.94 | 2.50 4 1 -TIN 105310-2404 | 594 | 2.50 4
105310-1406 | 8.44 | 5.00 6 5 _GOLD 0.38 105310-2406 | 8.44 | 5.00 6
105310-1408 | 10.94 | 7.50 8 3-GOLD 0.76 105310-2408 | 10.94 | 7.50 8
105310-1410 | 13.44 | 10.00 10 GOLD 0.76| YES 4 - GOLD AND LUBE 105310-2410 | 13.44 | 10.00 10 GOLD 0.76| YES
105310-1412 | 15.94 | 12.50 12 5- GOLD 0.025 105310-2412 | 15.94 | 12.50 12
105310-1414 | 18.44 | 15.00 14 L COLOR OPTION 105310-2414 | 18.44 | 15.00 14
105310-1416 | 20.94 | 17.50 16 1- BLACK 105310-2416 | 20.94 | 17.50 16
COLOR: BLACK 2 - NATURAL COLOR: NATURAL
PART NUMBER | DIM 'A'| DIM 'B'| CKT SIZE | PLATING | LUBE || PART NUMBER | DIM 'A'| DIM 'B'| CKT SIZE | PLATING | LUBE
105310-1504 | 5.94 | 2.50 4 105310-2504 | 5.94 | 2.50 4
105310-1506 | 8.44 | 5.00 6 105310-2506 | 8.44 | 5.00 6
105310-1508 | 10.94 | 7.50 8 105310-2508 | 10.94 | 7.50 8
GOLD GOLD R DRI oA N R TION THT PO ARy TO WOl E B ECTRonie TG NOLO0E, [LC A SO NG BE T WiTou W TN P
105310-1510 | 13.44 | 10.00 10 0025 | NO 105310-2510 | 13.44 | 10.00 10 0025 | NO | e e e oo
105310-1512 | 15.94 | 12.50 | 12 1053102512 | 15.94 | 12.50 | 12 _mm_| NTS molex
105310-1514 | 18.44 | 15.00 14 105310-2514 | 18.44 | 15.00 14 | esespeareD HEADER OF NANGFIT IR, KINK VERTICAL
105310-1516 | 20.94 | 17.50 16 105310-2516 | 20.94 | 17.50 16 wrices - | 8266 — POWER CONNECTOR
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NOTES FOR ALL PARTS
1> MATERIAL:
HOUSING: LCP, UL 94V-0; TERMINAL: BRASS. 3> PRODUCT SPECIFICATION: PS-105300-100.
2> PLATING FINISHED: 4> PACKAGE: TRAY, PK-105309-100.
TERMINAL: 5> PRODUCT MATE WITH SERIES OF 105308 AND 226362(RECEPTACLE).
CONTACT AREA: a. REFLOWED MATTE TIN 1.5MICRONS MIN; 6> PARTS CONFORM TO CLASS 'B'REQUIREMENTS OF COSMETIC SPECIFICATION
b. GOLD 0.38 MICRONS MIN; PS-45499-002.
c. GOLD 0.76 MICRONS MIN. 7> DISCOLORATION IN THE BANDOLIER PIN CARRIER AREA OF THE PIN IS INHERENT TO
d. GOLD 0.025 MICRONS MIN. THE PLATING PROCESS AND IS DUE TO THE MASKING DEFECT OF THE CARRIER, THIS
SOLDER AREA: TIN 1.5 MICRONS MIN, UNDER PLATING NICKEL 1.25 DISCOLORATION IS IN A NON-FUNCTION AREA OF THE PIN AND WILL NOT AFFECT
MICRONS MIN. THE PERFORMANCE OF THE HEADER ASSEMBLY.
SOLDER CLIP: TIN 2.5 MICRONS MIN, UNDER PLATING NICKEL 1.25 MICRONS MIN.

] &@ ] IF ANY NUMBER MARK APPEARS ON THIS SURFACE,
@ IE @ @ = / PLEASE DISREGARD IT, IT IS NO ANY FUCTION AND
A NO ANY RELATION TO PIN NUMBER, IT IS JUST FOR
MOLDING IDENDIFICATION.
— —
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