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MATERIAL NO. | ENGINEERING NO. | DESCRIPTION
1300390385 DND150 FEMALE STANDARD TERMINATOR WITH RESISTOR
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NOTES:
1. MATERIAL: SEE TABLE
2. FINISHES: SEE TABLE
3. ELECTRICAL SPECIFICATION:
VOLTAGE RATING: 30V
CURRENT RATING: 4.0 AMPS
4. TEMP RATING: 0°C to +60°C
5. PROTECTION: IP67 RATED (WHEN MATED)
6. ALL DIMS ARE FOR REFERENCE UNLESS
TOLERANCED OR NOTED OTHERWISE
7 JUMPER WIRE7 22 AWG PVC INSULATION THIS DRAWING CONTAINS INFORMATION THAT IS PROPRIETARY TO MOLEX ELECTRONIC TECHNOLOGIES, LLC AND SHOULD NOT BE USED WITHOUT WRITTEN PERMISSION
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